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117.020. .0 20 32 ≈ 0,43

117.025. .0 25 37 ≈ 0,46

117.038. .0 38 50 ≈ 0,56
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Series R117·R118 | Accessories | Interior Separation

Option 1: Vertical Separators

Vertical Separators are used if a vertical subdivision of the E-Chain® interior is required - 

By standard Vertical Separators are assembled every other E-Chain® link

Standard subdivision with Vertical Separator 1185.01

Vertical Separator

unassembled

assembled

3D-CAD files, pdf-downloads and many online features www.igus.de/en/r117 · www.igus.de/en/r118

Part No. structure

Color
black
Bending
radius

Width

Series

Part No. structure

Color
black
Bending
radius

Width

Series

Series R118 - hinged, snap-open on both sides of the outer radius

Part No. Bending radii Weight [kg/m]

The sizes 020 / 038 / 063 / 100 are available upon request. 

Delivery time: approx. 8-10 weeks after receipt of order

Supplement Part No. with required radius. Example: 118.080. .0

0 = standard color, other colors page 1.39 · Pitch = 30,5 mm/link - Links/m = 33
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Part No. Bending radii Weight [kg/m]

Supplement Part No. with required radius. Example: 117.100. .0

0 = standard color, other colors page 1.39 · Pitch = 30,5 mm/link - Links/m = 33

100

Series R117 - hinged, snap-open on both sides of the inner radius


